
GN 3441
Identification no. 1

GN 3441 
Identification no. 2
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Ball Ø 14 24 14 24

Foot plate Ø

 
 Thread length

25 32 40 50 60 60 60 80 100 60 80 100 125Threaded 
stud

Ball 
Ø

Thread
Ø

GN 3440
Steel /
Stainless 
steel 14

M   8 14 43 | 68 x x x x x - x x x - - - -

M 10 14 43 | 68 | 98 x x x x x - x x x - - - -

M 12 14 43 | 68 | 98 x x x x x - x x x - - - -

M 14 14 68 | 98 | 148 x x x x x - x x x - - - -

M 16 14 68 | 98 | 148 | 168 x x x x x - x x x - - - -

24

M 16 18 58 | 98 | 138 | 158 - - - - - x - - - x x x x

M 20 18 98 | 138 | 158 | 198 - - - - - x - - - x x x x

M 24 18 98 | 138 | 158 | 198 - - - - - x - - - x x x x

GN 3440
Plastic 

14

M   8   2,7 44 | 69 x x x x x - x x x - - - -

M 10   4,8 44 | 69 | 99 x x x x x - x x x - - - -

M 12   6,8 44 | 69 | 99 x x x x x - x x x - - - -

Ball 
joint

GN 3440.1
Plastic

14

M   6 3,1...8,1* - x x x x x - x x x - - - -

M   8 3,7...9,7* - x x x x x - x x x - - - -

24

M 10 10,5...16,9* - - - - - - x - - - x x x x

M 12 10,7...16,9* - - - - - - x - - - x x x x

* The load capacity specifications can be found in the standard sheet for the base plate used.

Threaded Stud / Ball Joint and Base Plate
Combinability

1488 3.4 Installing, Lifting, Damping with Leveling Feet, Lifting Gear and Rubber Elements



GN 3441
Identification no. 3

GN 3441 
Identification no. 4
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Ball Ø 14 24 14

Foot plate Ø

 Thread length

80 100 80 100 125 60 80Threaded 
stud

Ball 
 Ø

Thread
Ø

GN 3440
Steel /
Stainless  
steel 14

M   8 14 43 | 68 x x - - - x x

M 10 14 43 | 68 | 98 x x - - - x x

M 12 14 43 | 68 | 98 x x - - - x x

M 14 14 68 | 98 | 148 x x - - - x x

M 16 14 68 | 98 | 148 | 168 x x - - - x x

24

M 16 18 58 | 98 | 138 | 158 - - x x x - -

M 20 18 98 | 138 | 158 | 198 - - x x x - -

M 24 18 98 | 138 | 158 | 198 - - x x x - -

GN 3440
Plastic 

14

M   8   2,7 44 | 69 x x - - - x x

M 10   4,8 44 | 69 | 99 x x - - - x x

M 12   6,8 44 | 69 | 99 x x - - - x x

Ball 
joint

GN 3440.1
Plastic 

14

M   6 3,1...8,1* - x x - - - x x

M   8 3,7...9,7* - x x - - - x x

24

M 10 10,5...16,9* - - - x x x - -

M 12 10,7...16,9* - - - x x x - -

* The load capacity specifications can be found in the standard sheet for the base plate used.

Threaded Stud / Ball Joint and Base Plate
Combinability

14893.4 Installing, Lifting, Damping with Leveling Feet, Lifting Gear and Rubber Elements


