
14833.4 Installing, Lifting, Damping with Leveling Feet, Lifting Gear and Rubber Elements

1 Material
2 d1

3 d2

4 l1

How to order

1 2 3 4

GN 3440-ST-24-M20-138

2 3 4

d1 d2 l1 l2 A/F Static load
in kN
(see information)

14 M   8 43   68 - - 19,7 14 14
14 M 10 43   68   98 - 19,7 14 14
14 M 12 43   68   98 - 19,7 14 14
14 M 14 68   98 148 - 19,7 14 14
14 M 16 68 108 148 168 19,7 16 14
24 M 16 58   98 138 158 37,2 24 18
24 M 20 98 138 158 198 37,2 24 18
24 M 24 98 138 158 198 37,2 24 18

Threaded studs GN 3440 are used with base plates GN 3441 for setting up 
and leveling machines, devices and equipment.
The static load capacity values specified in the table are  
non-binding guidelines; exceeding these values may result in  
deformation or component failure.
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GN 3440 Threaded Studs (Plastic)� QVX

GN 3440.1 Ball Joints� QVX

Technical Information

Overview of Combinability� QVX

Stainless Steel Characteristics� QVX

Steel		  ST
•	Property class 5.8
•	Zinc plated, blue passivated

Stainless steel AISI 303		  NI

RoHS

Accessory� Page

GN 3441 Base Plates (Plastic)� QVX

Specification	 1

GN 3440 Threaded Studs
for Base Plates GN 3441, Steel / Stainless Steel


