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Page 544 | 2.2 Tensioning, Clamping with Knobs

DIN 6336 Star Knobs
Extract Plastic

4 Type

K With threaded bushing
D With threaded through bore

Star knobs DIN 6336 with bore H7 are available as GN 6336.1 and 
GN 6336.2.

see also...
• Star Knobs GN 6336 (Cast Iron / Stainless Steel / Aluminum) → Page 540
• Star Knobs GN 6336.1 / GN 6336.2 

(Duroplast / Technopolymer, with Protruding Bushing) → Page 546
• Star knobs GN 6336.13 (with Loss Protection) → Page 551

Information

• Plastic 
Duroplast (PF)                              KU 
Black, shiny finish

Bushing
 - Steel, zinc plated, blue passivated  —
 - Brass  MS
 - Stainless steel AISI 304  NI

• Plastic 
Technopolymer (Polyamide PA)   KT
 - Shock-resistant
 - Black, matte finish

• Bushing
 - Steel, zinc plated, blue passivated  —
 - Stainless steel AISI 303  NI

• Plastic Characteristics → Page 2158
• Stainless Steel Characteristics → Page 2166
• RoHS

Specification	 51

2 3

d1 d2 d3 h1 h2 t1 min. t2

Bushing steel Bushing MS Bushing NI Bushing steel 
Bushing MS 
Bushing NI (KT)

Bushing NI (KU)

Plastic KU 
Type K

Plastic KT 
Type K

Plastic KT 
Type D

Plastic KU 
Type K

Plastic KU / KT 
Type K

20 - - - M  4 - 10 13  7  6,5 - -
25 - M  4 - - - 12 16  8  7,5 - -
25 M  5 M  5 - M  5 M  5 12 16  8  9,5  7,5 -
25 - M  6 - - - 12 16  8  9 - -
32 - M  4 - - - 14 20 10  6,5 - -
32 - M  5 - - M  5 14 20 10  9,5  7,5 -
32 M  6 M  6 M  6 M  6 M  6 14 20 10 12   9 10,5
40 M  6 M  6 - M  6 M  6 18 25 13 12   9 -
40 M  8 M  8 M  8 M  8 M  8 18 25 13 14  12 13
40 - M 10 - - - 18 25 13 14  - -
50 M  8 M  8 M  8 M  8 M  8 22 32 17 14 12 16
50 M 10 M 10 M 10 M 10 M 10 22 32 17 18  15 16
50 - M 12 - - - 22 32 17 18 - -
63 M 10 M 10 - M 10 M 10 26 40 21 18  15 -
63 M 12 M 12 M 12 M 12 M 12 26 40 21 22  18 20
63 - M 16 - - - 26 40 21 22 - -
80 M 12 M 12 - M 12 M 12 35 50 25 22  18 -
80 M 16 M 16 - M 16 M 16 35 50 25 30  24 -

1 Material
2 d1

3 d2

4 Type
5 Bushing

How to order (Technopolymer, bushing SST)

1 2 3 4 5

DIN 6336-KT-50-M10-K-NI

1 Material
2 d1

3 d2

4 Type

How to order (Duroplast, bushing steel)

1 2 3 4

DIN 6336-KU-63-M12-K


