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Specification

* Plastic (Polyamide PA)

Bore

B 42,4
B 42,4
B 42,4

- Glass fiber reinforced

- Temperature resistant up to 100 °C * Construction Tubes GN 990 > Page 1835
- Black, matte finish

» Socket cap screws DIN 912
Stainless steel AISI 304

* Hex nuts DIN 934
Stainless steel AISI 304

* Plastic Characteristics > Page 2158
* Stainless Steel Characteristics > Page 2166

* RoHS
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Information
see also...

* T-Angle Connector Clamps GN 192 (Aluminum) - Page 1742
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3.7 Connecting, Assembling with Clamping and Connecting Elements | Page 1815
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